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Fisherbrand 

Nitrile Cleanroom 
Class 100  
Non-Sterile Gloves
Fisherbrand™ Nitrile Cleanroom Class 100 
Non-Sterile Gloves are ISO 5 Cleanroom 
compatible or higher. Their textured fingertips 
and soft feel offer superior handling and comfort 
in the cleanroom environment.

They are manufactured from 100% nitrile 
butadiene rubber that provides reliable, durable, 
and comfortable hand protection during 
demanding cleanroom applications.

Fisherbrand Nitrile Cleanroom Class 100 
Non-Sterile Gloves are processed in an 
NEBB-Certified Class 10 cleanroom 
environment (FED STD 209E).

Physical Properties 
• Ambidextrous

• Double chlorinated processing

• Powder and accelerator free

• Not made with natural rubber latex

• Textured fingers

• Beaded cuff

For critical cleanroom environments
For industrial use only

Material 100% Nitrile Butadiene Rubber

Color White

Tensile Strength Min 15 MPa

Elongation 600%

Non-Volatile Residue <3.0 microgram/sq.cm

ESD Parameters:*
• Surface Resistance ≤10E100 hms/sq.
• Decay Time ≤0.5 Seconds
• Tribo Charge ≤20 Volts

Length 300 mm/12 in.

Thickness 5 mil Palm/7 mil Finger

Shelf Life 5 Years from Date of Manufacture

AQL 1.5

*Tested per ASTM D-257

Dimension (mm) XS S M L XL

Length 300 300 300 300 300

Palm Width 75 to 79 80 to 89 90 to 99 100 to 109 110 to 116

Single Wall Thickness 0.01 0.01 0.01 0.01 0.01

Finger Thickness 14 ± 3 14 ± 3 14 ± 3 14 ± 3 14 ± 3

Palm Thickness 10 ± 2 10 ± 2 10 ± 2 10 ± 2 10 ± 2

Cuff Thickness 7 ± 2 7 ± 2 7 ± 2 7 ± 2 7 ± 2



3 fishersci.com | fishersci.caFisherbrand™ Nitrile Cleanroom Gloves Validation Pack

Fisherbrand Nitrile Cleanroom Class 100 Non-Sterile Gloves

Liquid Particle 
Count

<2,200 Particle Counts 
Cumulative at 0.5 micron IEST-RP-CC005.4

Organics Silicone Oil Free IEST-RP-CC005.4

Ionic Burden Microgram/sq.cm IEST-RP-CC005.4

  Fluoride <0.040

  Phosphate <1.000

  Nitrate <1.200

  Sodium <0.060

  Magnesium <0.005

  Potassium <0.060

  Chloride <1.400

  Sulphate <1.000

  Bromide <0.060

  Lithium <0.0005

  Copper <0.0005

Packaging Information
• 100 pieces/sealed inner cleanroom bag

• 10 outer cleanroom bag/case liner

• 1 case liner/case (1,000 pieces)

The traceability numbers (lot and batch numbers) are shown on 
the outer cleanroom bag and case.

Quality and Regulatory Standards
Complies with the requirements of the Glove Standard 
EN420:2003+A1:2009, the European Medical Gloves Standard 
EN455 (Parts 1, 2, and 3), and EN374-1:2016, EN374-5 (VIRUS).

Manufactured in a facility with ISO 9001:2015, ISO 17025:2017, 
ISO 13485:2016, and ISO 14001:2015 certifications, and compliant 
with PPE Regulation (EU) 2016/425 and GMP certification-
MS1514:2009.

Recommended for use in Class 100 (ISO 5 or higher) cleanrooms.

Made in Malaysia.

Sampling Information
ISO 2859-1:1999(E) Sampling Procedures for Inspection by 
Attributes – Part 1

Ordering Information
Fisherbrand Nitrile Cleanroom Gloves, Class 100, Ambidextrous, Non-Sterile

Visit fishersci.com or fishersci.ca to learn more. 

Cat. No. Size Quantity

12-892-006E XS 1,000/Case

12-892-006A S 1,000/Case

12-892-006B M 1,000/Case

12-892-006C L 1,000/Case

12-892-006D XL 1,000/Case

Cleanliness Properties
Particle and extractable testing done in accordance with  
IEST-RP-CC005.4.
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Fisherbrand 

Nitrile Cleanroom 
Class 10 Non-Sterile 
Gloves
Fisherbrand™ Nitrile Cleanroom Class 10 Non-Sterile 
Gloves are ISO 4 Cleanroom compatible or higher. 
Their textured fingertips and soft feel offer superior 
handling and comfort in the cleanroom environment.

They are manufactured from 100% nitrile butadiene 
rubber that provides reliable, durable, and 
comfortable hand protection during demanding 
cleanroom applications.

These ambidextrous gloves are processed in an 
NEBB-Certified Class 10 cleanroom environment 
(FED STD 209E).

Physical Properties 
• Ambidextrous

• Double chlorinated processing

• Powder and accelerator free

• Not made with natural rubber latex

• Textured fingers

• Beaded cuff

For critical cleanroom environments
For industrial use only

Material 100% Nitrile Butadiene Rubber

Color White

Tensile Strength Min 15 MPa

Elongation 600%

Non-Volatile Residue <2.5 microgram/sq.cm

ESD Parameters:*
• Surface Resistance ≤10E100 hms/sq.
• Decay Time ≤0.5 Seconds
• Tribo Charge ≤20 Volts

Length 300 mm/12 in.

Thickness 5 mil Palm/7 mil Finger

Shelf Life 5 Years from Date of Manufacture

AQL 1.5

*Tested per ASTM D-257

Dimension (mm) XS S M L XL 2XL

Length 300 300 300 300 300 300

Palm Width 75 to 79 80 to 89 90 to 99 100 to 109 110 to 116 117 to 122

Single Wall Thickness 0.01 0.01 0.01 0.01 0.01 0.01

Finger Thickness 14 ± 3 14 ± 3 14 ± 3 14 ± 3 14 ± 3 14 ± 3

Palm Thickness 10 ± 2 10 ± 2 10 ± 2 10 ± 2 10 ± 2 10 ± 2

Cuff Thickness 7 ± 2 7 ± 2 7 ± 2 7 ± 2 7 ± 2 7 ± 2
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Fisherbrand Nitrile Cleanroom Class 10 Non-Sterile Gloves

Packaging Information
• 100 pieces/sealed inner cleanroom bag

• 10 outer cleanroom bag/case liner

• 1 case liner/case (1,000 pieces)

The traceability numbers (lot and batch numbers) are shown on 
the outer cleanroom bag and case.

Quality and Regulatory Standards
Complies with the requirements of the Glove Standard 
EN420:2003+A1:2009, the European Medical Gloves Standard 
EN455 (Parts 1, 2, and 3), and EN374-1:2016, EN374-5 (VIRUS).

Manufactured in a facility with ISO 9001:2015, ISO 17025:2017, 
ISO 13485:2016, and ISO 14001:2015 certifications, and compliant 
with PPE Regulation (EU) 2016/425 and GMP certification-
MS1514:2009.

Recommended for use in Class 10 (ISO 4 or higher) cleanrooms.

Made in Malaysia.

Sampling Information
ISO 2859-1:1999(E) Sampling Procedures for Inspection by 
Attributes – Part 1

Ordering Information
Fisherbrand Nitrile Cleanroom Gloves, Class 10, Ambidextrous, Non-Sterile

Visit fishersci.com or fishersci.ca to learn more. 

Cleanliness Properties
Particle and extractable testing done in accordance with  
IEST-RP-CC005.4.

Liquid Particle 
Count

<800 Particle Counts 
Cumulative at 0.5 micron IEST-RP-CC005.4

Organics Silicone Oil Free IEST-RP-CC005.4

Ionic Burden Microgram/sq.cm IEST-RP-CC005.4

  Fluoride <0.007

  Phosphate <0.25

  Nitrate <0.35

  Sodium <0.04

  Magnesium <0.003

  Potassium <0.0400

  Chloride <0.20

  Sulphate <0.30

  Bromide <0.025

  Lithium <0.0004

  Copper <0.0004

Cat. No. Size Quantity

12-892-004A XS 1,000/Case

12-892-004B S 1,000/Case

12-892-004C M 1,000/Case

12-892-004D L 1,000/Case

12-892-004E XL 1,000/Case

12-892-004F 2XL 1,000/Case
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Fisherbrand 

Nitrile Cleanroom 
Class 100  
Sterile Gloves 
Fisherbrand™ Nitrile Cleanroom Class 100 Sterile Gloves 
are ISO 5 Cleanroom compatible or higher. Their textured 
fingertips and soft feel offer superior handling and comfort 
in the cleanroom environment.

They are manufactured from 100% nitrile butadiene rubber 
that provides reliable, durable, and comfortable hand 
protection during demanding cleanroom applications.

Fisherbrand Nitrile Cleanroom Class 100 Sterile Gloves 
are processed in an NEBB-Certified Class 10 cleanroom 
environment (FED STD 209E). They’re sterilized by a 
minimum of 2.5Mrad Gamma radiation and assured for 
intact pouch for five years from date of sterilization. 

Physical Properties 
• Hand-specific, anatomical shape

• Powder and accelerator free

• Not made with natural rubber latex 

• Textured fingers

• Beaded cuff

For critical cleanroom environments
For industrial use only

*Tested per ASTM D-257

Dimension (mm) 6.0 6.5 7.0 7.5 8.0 8.5 9.0 10.0
Length 300 300 300 300 300 300 300 300

Palm Width 77 ± 5 83 ± 5 89 ± 5 95 ± 5 102 ± 5 108 ± 5 114 ± 5 120 ± 5

Single Wall Thickness 0.01 0.01 0.01 0.01 0.01 0.01 0.01 0.01

Finger Thickness 14 ± 3 14 ± 3 14 ± 3 14 ± 3 14 ± 3 14 ± 3 14 ± 3 14 ± 3

Palm Thickness 10 ± 2 10 ± 2 10 ± 2 10 ± 2 10 ± 2 10 ± 2 10 ± 2 10 ± 2

Cuff Thickness 9 ± 2 9 ± 2 9 ± 2 9 ± 2 9 ± 2 9 ± 2 9 ± 2 9 ± 2

Material 100% Nitrile Butadiene Rubber

Color White

Tensile Strength Min 15 MPa

Elongation 600%

Non-Volatile Residue <3.0 microgram/sq.cm

ESD Parameters:*
• Surface Resistance ≤10E100 hms/sq.
• Decay Time ≤0.5 Seconds
• Tribo Charge ≤20 Volts

Length 300 mm/12 in.

Thickness 5 mil Palm/7 mil Finger

Shelf Life 5 Years from Date of Manufacture

AQL 1.5
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Fisherbrand Nitrile Cleanroom Class 100 Sterile Gloves

Packaging Information
• 1 pair/pouch, 

• 10 pouches/pack

• 20 packs/case

• 200 pairs/case

The traceability numbers (lot and batch numbers) are shown on 
the outer cleanroom bag and case.

Quality and Regulatory Standards
Complies with the requirements of the European Medical Gloves 
Standard EN455 (Parts 1, 2, and 3) and EN374-1:2016, EN374-5 
(VIRUS).

Manufactured in a facility with ISO 9001:2015, ISO 17025:2017, ISO 
13485:2016, ISO 14001:2015 certifications, compliant with PPE 
Regulation (EU) 2016/425 and GMP certification-MS1514:2009.

Recommended for use in Class 100 (ISO 5 or higher) cleanrooms.

Made in Malaysia.

Sampling Information
ISO 2859-1:1999(E) Sampling Procedures for Inspection by 
Attributes – Part 1

Ordering Information
Fisherbrand Nitrile Cleanroom Gloves, Class 100, Hand-Specific, Sterile

Visit fishersci.com or fishersci.ca to learn more. 

Cleanliness Properties
Particle and extractable testing done in accordance with  
IEST-RP-CC005.4.

Cat. No. Size Quantity

12-892-007A 6.0 200/Case

12-892-007B 6.5 200/Case

12-892-007C 7.0 200/Case

12-892-007D 7.5 200/Case

12-892-007E 8.0 200/Case

12-892-007F 8.5 200/Case

12-892-007G 9.0 200/Case

12-892-007H 10.0 200/Case

Liquid Particle 
Count

<2,200 Particle Counts 
Cumulative at 0.5 micron IEST-RP-CC005.4

Organics Silicone Oil Free/DOP/
Amides Detected IEST-RP-CC005.4

Ionic Burden Microgram/sq.cm IEST-RP-CC005.4

  Fluoride <0.040

  Phosphate <1.000

  Nitrate <1.200

  Sodium <0.060

  Magnesium <0.005

  Potassium <0.060

  Chloride <1.400

  Sulphate <1.000

  Bromide <0.060

  Lithium <0.0005

  Copper <0.0005
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SA
MP

LE

Certificate of Irradiation
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Certificate of Irradiation
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Certificate of Irradiation
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SA
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Declaration BSE/TSE
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Certificate of Analysis
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Endotoxin Report
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Endotoxin Report (cont.)
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Endotoxin Report (cont.)
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